Han® A Gasket

HARTING

Han® A standard hoods and housings with gasket

Features

Technical characteristics

* Is included in the delivery range
» Smart handling
» Fast panel mounting

* Long life time

Suitable for rough environments

Avoid loosing panel mounting screws

Material

Surface

Limiting temperatures

Degree of protection

acc. to EN 60 529

NBR
black
-40°C ... 125°C

IP 65

Identification Part Number Drawing Dimensions in mm
Han® gasket size 10 A* 09 20 000 9998
Han® gasket size 16 A* 09 20 000 9999
Size Length in mm
a b c
10A 80 70 57
16 A 96 86 73

* ... only for the use in combination with bulk-
head mounting housings including blind
hole
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