Han® Pneumatic Module Metal

Features

* Tube sizes may be mixed in one module
(for 3 mm, 4 mm and 6 mm)

» Female contacts with and without shut off
» Contacts can be removed
» Use of Han® C contact with adapter

» Two different types of tube termination are
available:
— for outer diameters push-in fittings according to
the “Push-Pull” principle
— for inner diameters simple plug-in fittings

Air flow diagram
Han® Pneumatic metal contacts
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Technical characteristics

Specifications DIN EN 61984
DIN EN 60664-1
Inserts
Number of contacts 3
Colour blue
Material polycarbonate

-40°C ... +125°C
Vo
10000 mating cycles

Limiting temperatures
Flammability acc. to UL 94

Mechanical working life

Pneumatic contacts

Tube termination

Inner diameter (ID) 3,4,6 mm

Outer diameter (OD) 3,4,6 mm
Material

Contacts brass

Shut off valve polycarbonate
stainless steel
NBR

-20°C ... +85°C

up to 10 bar / 145 psi

Shut off valve spring
Sealing
Limiting temperatures

Working pressure

Adapter for Han® C contacts

Electrical data

acc. to DIN EN 61984 40A 230/400V 4kV 3

Rated current 40 A
Rated voltage
conductor-earth 230V
conductor-conductor 400V
Rated impulse voltage 4 kV
Pollution degree 3

Material polycarbonate
-40°C ... +125°C

VO

Limiting temperatures

Flammability acc. to UL 94
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Han® Pneumatic Module Metal

Identification

Han® Pneumatic

Part number

Male insert (M)

Female insert (F)

Drawing

Dimensions in mm

Contact arrangement
View from termination side
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